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P 60 mm RE (3R) 2.3622 inch
2E 74 mm S (32~) 2.9134 inch
RE 1.5 mm TR (&) 0.0591 inch
HE 6.95¢
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ETIM 8.0 EC000886 ETIM 9.0 EC000886
ETIM 10.0 EC000886 ECLASS 14.0 27-25-03-01
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