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Light, securely screwed-in round plug-in
connectors. Screwty set DM / VPE: 1 / Order No.:
1920000000 Adapters: M12, M12 F, M8, M8 F

4mHIEHA 18.12.2025 09:06:59 MEZ

BB/ BR 5



