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Feed-through terminal, B

12.4mm wide with

a sparkover gap and
interference suppressor
combination between the
signal line connection,

TS 35 mounting foot.

A signal with max. 20A
can be protected here.
Optical identification of the
terminal based on the type
of protected switching

and the voltage level. The
terminal can be labelled or
marked.

Feed-through terminal
with a sparkover gap and
interference suppressor
combination between the
signal line connection, TS
35 mounting foot. Version:
240V UC
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