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Miscellaneous

DRH
Type J
DRH
Type of contact
173 1NO
174 1NC

KAV

With LED and test button

LT

Coil voltage

012 12vDC 524 24VAC
024 24vVDC h48 48VAC
048 48VDC 615 115 VAC
110 110vDC 730 230VAC
220 220V DC
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