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REACH SVHC Lead 7439-92-1
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ETIM 8.0 EC000940 ETIM 9.0 EC000940
ETIM 10.0 EC000940 ECLASS 14.0 27-14-08-05
ECLASS 15.0 27-14-08-05

4RI EHA 23.12.2025 01:17:38 MEZ

BB/ BR



SKMU EMV M50

Weidmiiller 3£

Weidmiiller Interface GmbH & Co. KG
Klingenbergstralle 26

D-32758 Detmold

Germany

www.weidmueller.com

TIII

S | I |

- fes2

4RI EHA 23.12.2025 01:17:38 MEZ

BB/ BR



