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High-performance female header with solder connection.
Side-by-side mounting without sacrificing any poles

or with patented multifunction flange for secure, fast
fixing without tools. Maximum connection and operating
reliability thanks to a mating profile that prevents
incorrect connection, with unique coding diversity,
protection against faulty wiring and 4-point contact.
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* Rated current related to rated cross-section & min. No. of poles.

* P on drawing = pitch

* Rated data refer only to the component itself. Clearance and creepage distances to other
components are to be designed in accordance with the relevant application standards.

* In accordance with IEC 61984, OMNIMATE-connectors are connectors without breaking
capacity (COC). During designated use, connectors are not allowed to be engaged or
disengaged when live or under load

* Long term storage of the product with average temperature of 50 °C and maximum humidity
70%, 36 months
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SVF 7.62HP/180FI

Inverted male header with PUSH-IN connection

technology for field wiring with inverted external flanges
in 6 mm?2 with a 7.62 pitch. Also ideal as a touch-safe
solution for inverse voltages. Meets the requirements of
UL1059 600 V class C and IEC 61800-5-1.

Optionally also available as screwable version and
without flange.
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SVZ 7.62HP 180FI SN

High-performance male header with the proven, 100%

maintenance-free Weidmiiller steel clamping yoke. Side-
by-side mounting without sacrificing any poles or with
patented multifunction flange for secure, fast fixing
without tools. Maximum connection and operating
reliability thanks to a mating profile that prevents
incorrect connection, unique coding diversity, incorrect
wiring protection. Suitable for labelling.
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