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ETIM 8.0 EC001530 ETIM 9.0 EC001530
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ECLASS 15.0 27-28-11-02

YReIEHA 11.12.2025 03:46:28 MEZ

BB/ BR


https://eshop.weidmueller.com/p/2599430000
https://eshop.weidmueller.com/p/2599440000
https://eshop.weidmueller.com/p/2599440000

Weidmiiller 3£

HSS-HF 1 1 7.0-23.0/50Y Weidmiiller Interface GmbH & Co. KG

Klingenbergstralle 26
D-32758 Detmold
Germany

r-d 2& www.weidmueller.com
"
-

Bestellhilfe

HSS-HF 1/8" 1,2-28 / 50 Y

| Y = Gelb (W=WeiB)
50,8 mm Hilsenlange (oder 25,4 mm)

L
1,2-28mm

Max.
1/8" (bzw. 3,2 mm)

HF = nach VDE 0472-815

HSS = Heat Shrinkable Sleeve
(wéarmeschrumpfender Schlauch)
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