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ETIM 8.0 EC001530 ETIM 9.0 EC001530

ETIM 10.0 EC001530 ECLASS 14.0 27-28-11-02

ECLASS 15.0 27-28-11-02
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Bestellhilfe

HSS-HF 1/8" 1,2-28 / 50 Y

L Y = Gelb (W=WeiB)
50,8 mm Hiilsenlénge (oder 25,4 mm)
.
1,2 -2,8mm

1/8" (bzw. 3,2 mm)

HF = nach VDE 0472-815

HSS = Heat Shrinkable Sleeve
(warmeschrumpfender Schlauch)
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