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BRA Smart Metering Cable Assemblies, 6 kV, 1f$t, 3
EE. 1P20, 600 V, KB PUR US 2X1.5 GY XX 6KV,
0.33m

IS 2775910033

Bl CH-SMC-00.33-CG90

GTIN (EAN) 4064675041511
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ETIM 6.0 EC001576 ETIM 7.0 EC001576
ETIM 8.0 EC001576 ETIM 9.0 EC001576
ETIM 10.0 EC001576 ECLASS 9.0 27-06-04-02
ECLASS 9.1 27-06-91-90 ECLASS 10.0 27-06-04-02
ECLASS 11.0 27-06-04-02 ECLASS 12.0 27-06-04-02
ECLASS 13.0 27-06-04-02 ECLASS 14.0 27-06-04-02
ECLASS 15.0 27-06-04-02
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71 MIN. FRONT PLATE CUT-OUT
FOR USE WITH SLA BB12R
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