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P 107 mm RE (3R) 4.2126 inch
aE 81.6 mm S (32~) 3.2087 inch
BE 57 mm TR (&) 2.2441 inch
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ETIM 6.0 EC000437 ETIM 7.0 EC000437
ETIM 8.0 EC000437 ETIM 9.0 EC000437
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