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Combiner Box Name Description

PV 2 24 SO FX CXX VX OX TXPX 15 P F ES

‘ L Country / Whole World
4 - Floating: ves (7)o
P: vortrait

PV 1: P DC 10 Industrial
PV 2: pv DC L Industrial
PV 3: #v DC 12 Industrial

Mumber of inputs (01-36)

S0 switch-disconector
509 Sarich Dsconectar (W)

[ - vample 10}

0 WAk R

o
Vx: 580 Type = 03 M 06
VO3 SPD Class I/ V1 3 SPD Class 1ol / V2 3 SPD Class |

VK Na'SPD needed (N/A)
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