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Combiner Box Name Description

PV 2 24 SO FX CXX VX OX TXPX 15 P F ES

nection (sw RD)

125/30/40/50/55/60/63/80 - (Example C10)

OX: output type
oc

141/ V2 > SPD Class |

> No holes needed N/A)
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