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Obrazek vyrobku

Weidmiiller nabizi odboc¢ovaci svorky pro riizné typy sbér-
nicovych systému. V zavislosti na aplikaci Ize rozliSovat
mezi izolovanymi a neizolovanymi svorkami.

Vseobecné objednaci udaje

Verze Svorka (pfipojeni pfipojnice)
Cislo objednavky 0322180000

Typ ZB 4G BL

GTIN (EAN) 4008190050504
Mnozstvi 50 items

-

COMPLIANT
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Osvédcéeni
Schvaleni UK
cunvsex e |ECEX CA
ROHS Shoda
UL File Number Search Web UL
C. osvédéeni (UR) E60693
C. osvédéeni (cCURuSEX) E184763
Rozmeéry a hmotnosti
Hloubka 27 mm Hloubka (v palcich) 1.063 inch
Vyska 19.5 mm Vyska (v palcich) 0.7677 inch
Sitka 7.4 mm Sitka (v palcich) 0.2913 inch
Cista hmotnost 492¢g
Teploty
Okolni teplota -5°C..40°C
Shoda produktu s prostiedim
Stav souladu se smérnici RoHS V souladu bez vyjimky
REACH SVHC Ne SVHC nad 0,1 wt%
Specifikace systému
Verze pro pfipojnici 10 x 3 mm,
Pro nasledné otaceni
Udaje hodnoceni IECEx/ATEX
C. osvédéeni (ATEX) DEMKOO3ATEX136028U C. osvédéeni (IECEX) IECEXULD13.0005U
Prafez vodi¢e max. (ATEX) 4 mm?2 Prafez vodi¢e max. (IECEX) 4 mm?2
Znaceni EN 60079-7 Ex eb Il C Gb Ex 2014/34/EU znacka 12GD

Bezpecnostni upozornéni

Installation instructions:
The potential equalisation
(PE) rail modules are
suitable for use in housings
in atmospheres with
flammable gases and
dust. For use in areas
with flammable gases,
these housings must
meet the requirements

of EN 60079-0 and EN
60079-7. For use in areas
with flammable dust,
these housings must
meet the requirements

of EN 60079-0 and EN
60079-31.

When combined with
other terminal block
ranges and sizes, and
when other accessories
are used, you must comply
with the clearance and
creepage distances given.
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Technické udaje

Regarding accessory

use, the manufacturer's
instructions must be
followed.

List of restrictions:

The PE rail modules

are considered one
component, with Ex
marking when used with
the busbar holders of
type SH and WEW. When
used independently, the
above named components
are not covered by this

certificate.

Udaje materialu
Zakladni material Ocel Izolaéni material PA
Barevny Modra
Dalsi technicka data
Navod k instalaci Prichodka (pouzdro) Typ montaze PfisSroubovano
Data hodnoceni
Jmenovity prirez 4 mm?2
Rozméry
TS 35 offset 39 mm
UL data hodnoceni
Prafez vodi¢e propojeni z vyroby max. 12 AWG Prafez vodice propojeni z vyroby min. 20 AWG
(UR) (UR)
C. osvédéeni (UR) E60693 Prafez vodice propojeni v terénu min. 20 AWG

(UR)
Prifez vodiCe propojeni v terénu max. 12 AWG
(UR)
Vodiée k upevnéni svorkou (jmenovité pfipojeni)
Utahovaci moment, max. 1T Nm Utahovaci moment, min. 0.5 Nm
Délka odizolovani 16 mm Typ pfipojeni Upinaci trmen
Upinaci rozsah, max. 6 mm?2 Upinaci rozsah, min. 0.5 mm?2
Svérny Sroub M3 Prarez pfipojeni vodiCe, jemné splétany 4 mm?2

s koncovkami DIN 46228/1, max.
Prafez pfipojeni vodicd, jemné stacené, 0.5 mm?2 Prafez pfipojeni vodicu, splétané, min. 0.5 mm?2
min.
Prafez pfipojeni vodice, pevné jadro, 6 mm?2 Pruafez pfipojeni vodice, pevné jadro, 0.5 mm?2
max. min.
Vseobecné
Navod k instalaci Prichodka (pouzdro)
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Klasifikace

ETIM 8.0 ECO00001 ETIM 9.0 EC000001
ETIM 10.0 EC0O00001 ECLASS 14.0 27-25-01-16
ECLASS 15.0 27-25-01-16
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