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Obrazek vyrobku

COMPLIANT

Konektory samci pro pajeni vinou s roztec¢i 3,50 mm

* Smér zapojeni je paralelni (90°), rovny (180°) nebo
zahnuty (135°) vaci DPS

¢ Varianty kryt(: Sroubova pfiruba (F)

¢ Baleno v kartonové krabici (BX)

* Konektor samec Ize kédovat

Vseobecné objednaci udaje

Verze Zasuvny konektor PCB plug in, fada kolik(, Pfiruba,
Pfipojeni pajenim pfetavenim priichozim otvorem,
3.50 mm, Poget pdla: 2, 180°, Pajeci kolik, délka
(I): 3.2 mm, pocinované, ¢ernd, Box

Cislo objednavky 1518120000
Typ SL 3.60/02/180F 3.2SN BK BX
GTIN (EAN) 4050118325256
MnozZstvi 100 items
Udaje vyrobku IEC: 320V /17 A
UL: 300V /10 A
Baleni Box
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Osvédcéeni

ROHS Shoda

Rozmeéry a hmotnosti

Hloubka 7.5 mm Hloubka (v palcich) 0.2953 inch
Vyska 14.3 mm Vyska (v palcich) 0.563 inch
Nejvyssi nebo nejnizsi verze 11.1 mm Sitka 14 mm
Sitka (v palcich) 0.5512 inch Cistd hmotnost 1.06 g

Shoda produktu s prostiedim

Stav souladu se smérnici RoHS

V souladu bez vyjimky

REACH SVHC

Ne SVHC nad 0,1 wt%

Uhlikova stopa vyrobku Kolébka k brané 0.007 kg CO2eq.

Baleni

Baleni Box Délka VPE 98.00 mm
Sitka VPE 91.00 mm Vyska VPE 40.00 mm

Parametry systému

Skupina produktt

OMNIMATE Signal - fada BL/SL 3,50

Typ pfipojeni

Pripojeni desky

Montaz na PCB desku

Pfipojeni pajenim pfetavenim prichozim otvorem

Rozte¢ v mm (P) 3.50 mm

Roztec v palcich (P) 0.138"

Vystupni tvarovka 180°

Pocet pola 2

Pocet pajenych koliki na pdl 1

Pajeci kolik, délka (1) 3.2 mm

Tolerance délky pajecich pind +0.1 /-0.3 mm
Rozméry pajecich pinl d= 1,2 mm, Osmithly
Rozméry pajecich pint = d tolerance 0/-0,03 mm

Prameér otvoru péjeciho oc¢ka (D) 1.4 mm

Tolerance prameéru otvoru péajeciho ocka
(D)

+0,1T mm

L1 v mm 3.50 mm
L1 v palcich 0.138"
Pocet fad 1

MnoZstvi fady kolikt

1

Ochrana bezpecna proti dotyku dle
normy DIN VDE 57 106

Pfi zapojovani bezpecné pred dotykem prstll/ pfi odpojovani bezpeény hibet ruky

Ochrana bezpecna proti dotyku dle
normy DIN VDE 0470

IP20 zapojené/ IP10 nezapojené

Weidmiiller Interface GmbH & Co. KG

Objemovy odpor <6 mQ
Muze byt kodovano Ano
Zasuvna sila / pol, max. 10N
Tazna sila / pdl, max. 10N
Utahovaci moment Typ krouticiho momentu Montazni Sroub, PCB
Informace o pouziti Utahovaci moment min. 0.1 Nm
max. 0.15 Nm
Doporuéeny $roub Cislo dilu PTSC KA
2.2X4.5
WN1412
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Udaje o materialu
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Izolaéni material PBT Barevny cerna

Barevny graf (podobné) RAL 9011 Skupina izolaéniho materialu llla

Komparativni index sledovani (CTI) =200 Moisture Level (MSL)

Klasifikace hoflavosti UL 94 V-0 Material kontaktu Slitina

Povrch kontaktu pocinované Struktura vrstev pajeného pripojeni 5...7 ym Sn glossy

Struktura vrstev kontaktu konektoru 5...7 undefined Sn glossy Skladovaci teplota, min. -40 °C

Skladovaci teplota, max. 70°C Provozni teplota, min. -50°C

Provozni teplota, max. 100 °C Teplotni rozsah, instalace, min. -30°C

Teplotni rozsah, instalace, max. 100 °C

Jmenovité udaje podie IEC

testovano podle normy IEC 60664-1, IEC 61984 Jmenovity proud, min. pocet polu 17 A
(Tu=20 °C)

Jmenovity proud, max. pocet polt 12A Jmenovity proud, min. pocet poll 145 A

(Tu=20 °C) (Tu=40 °C)

Jmenovity proud, max. pocet péli 10 A Jmenovité napéti pro tfidu prepéti / 320V

(Tu=40 °C) stupen znecisténi ll/2

Jmenovité napéti pro tfidu prepéti / 160V Jmenovité napéti pro tfidu prepéti / 160V

stupen znecisténi lll/2 stupen znecisténi lll/3

Jmenovité impulzni napéti pro tfidu 2.5 kV Jmenovité impulzni napéti pro tfidu 2.5 kv

prepéti / stupen znecisténi ll/2 prepéti / stupen znecisténi lll/2

Jmenovité impulzni napéti pro tfidu 2.5 kV Kratkodoby odpor proti zkratovému 3x1sse 100 A

prepéti / stuperi znecisténi lll/3

proudu

Jmenovité udaje podle CSA

Jmenovité napéti (aplikacni skupinaB / 300V Jmenovité napéti (aplikacni skupina D / 300V
CSA) CSA)

Jmenovity proud (aplikaéni skupinaB/ 10 A Jmenovity proud (aplika¢ni skupinaD / 10 A
CSA) CSA)

Jmenovité udaje podle UL 1059

Jmenovité napéti (aplikacéni skupinaB / 300V Jmenovité napéti (aplikacni skupina D / 300 V
UL 1059) UL 1059)

Jmenovity proud (aplikaéni skupinaB/ 10 A Jmenovity proud (aplika¢ni skupinaD / 10 A

UL 1059)

UL 1059)

Dulezita poznamka

IPC shoda Shoda: Produkty jsou vyvijeny, vyrdbény a dodavany v souladu s mezinarodnimi uznavanymi
standardy a normami a splfuji zajiSténé vlastnosti uvedené v datovém listu, respektive spliuji
dekorativni vlastnosti v souladu s IPC-A-6 10 ,T¥ida 2. Dalsi naroky na produkty je mozné
vyhodnotit na pozadani.

Poznamky ¢ Additional variants on request

P on drawing = pitch

Gold-plated contact surfaces on request
Rated current related to rated cross-section & min. No. of poles.

Rated data refer only to the component itself. Clearance and creepage distances to other

components are to be designed in accordance with the relevant application standards.

For additional mechanical support for male connectors with screw flange (...F), we recommend

an additional cable gland with fastening screws (sheet metal screw ISO 1481-ST 2.2x4.5 C or
ISO 7049-ST 2.2x4.5 C - see Accessories). Cable gland only permitted before soldering.

In accordance with IEC 61984, OMNIMATE-connectors are connectors without breaking

capacity (COC). During designated use, connectors are not allowed to be engaged or
disengaged when live or under load

70%, 36 months

Long term storage of the product with average temperature of 50 °C and maximum humidity
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Klasifikace

ETIM 6.0 EC002637 ETIM 7.0 EC002637
ETIM 8.0 EC002637 ETIM 9.0 EC002637
ETIM 10.0 EC002637 ECLASS 9.0 27-44-04-02
ECLASS 9.1 27-44-04-02 ECLASS 10.0 27-44-04-02
ECLASS 11.0 27-46-02-01 ECLASS 12.0 27-46-02-01
ECLASS 13.0 27-46-02-01 ECLASS 14.0 27-46-02-01
ECLASS 15.0 27-46-02-01
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Dimensional drawing
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