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Produktova fada zahrnuje néasledujici konstrukce:

* 90°, lezici (horizontalni) a 180°, stojici (vertikalni)

¢ blokovani nahoru / blokovani dolt

* Procesy pajeni THT, THR nebo SMD

« Siroka fada réiznych typt konstrukci, véetné integrova-
nych kontrolek LED a stinénych kontaktt

¢ Kategorie vykonu Cat. 3 az Cat. 6

¢ Baleno na podnosu (TY) nebo na roli (pas na civce, RL)
* Kompatibilni s modularnim konektorem RJ45 podle
ANSI / TIA-1096-A a IEC 60603

* Dielektricka pevnost =2 1500 V AC RMS (maximalni
hodnota 2250 V AC) podle IEEE 802.3

¢ Dielektricka pevnost 2 1500 V AC RMS (maximalni
hodnota) nebo = 1500 V DC podle IEEE 60603
Vlastnosti a vyhody:

¢ Rozsifeny teplotni rozsah -40 °C az +85 °C pro maxi-
malni vykon

¢ \lyztuzena zlata vrstva (30u”) pro lepsi ochranu proti
korozi

* Montazni odstup 0,3 mm zajistuje perfektni vysledek
pajeni

Vseobecné objednaci udaje

Verze Data OMNIMATE - modularni konektor RJ45,
Zasuvny konektor PCB plug in, Cat. 5, Pfipojeni
pajenim pietavenim prichozim otvorem, 180°,
zadné, Ano, Cykly zapojovani: 750, Pocet pdla: 12,
PA 6T, 30...80 p" Ni / 2 30 u" Au, Zasobnik (ruéni

montaz)
Cislo objednavky 2562960000
Typ RJ45C5 T1V 3.2N4G/Y TY
GTIN (EAN) 4050118571981
Mnozstvi 120 items
Baleni Zasobnik (ruéni montaz)
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Osvédcéeni

Schvaéleni “

ROHS Shoda

UL File Number Search Web UL

C. osvédé&eni (CURus) E471884

Rozméry a hmotnosti

Hloubka 16.7 mm Hloubka (v palcich) 0.6575 inch

Vyska 20 mm Vyska (v palcich) 0.7874 inch

Nejvys$si nebo nejnizsi verze 16.5 mm Sitka 16 mm

Sitka (v palcich) 0.6299 inch Cistda hmotnost 719

Shoda produktu s prostiedim

Stav souladu se smérnici RoHS V souladu bez vyjimky

REACH SVHC Ne SVHC nad 0,1 wt%

Baleni

Baleni Zasobnik (ruéni montaz) Délka VPE 317.00 mm

Sitka VPE 192.00 mm Vyska VPE 68.00 mm

Specifikace systému

Pocet polu 12 LED Ano

Péajeci kolik, délka (1) 3.2 mm Montaz na PCB desku Pfipojeni pajenim
pretavenim prichozim
otvorem

Roztec v palcich (P) 0.050" Material stinéni Mosaz

Stinéni ano Bo¢ni ukonceni, charakteristické Pajena pfiruba

Tolerance primeéru otvoru pajeciho ocka £ 0,1 mm Pocet pajenych koliki na pdl 1

(D)

Typ pfipojeni Pajené pripojeni Pramér otvoru péjeciho ocka (D) 0.9 mm

Kategorie Cat. b Skupina produkt Data OMNIMATE -
modularni konektor RJ45

Rozte¢ v mm (P) 1.27 mm Stupen kryti IP20

Cykly zapojovani 750 Propojeni 8jadrovy

Vystupni tvarovka 180° Propustny proud 20 mA

Propustné napéti, max. 26V Plocha stinéni poniklované

Barva pravé LED Zluta Stinéni zadné

Kategorie vykonu Cat. b Proces pajeni Manualni pajeni, Pajeni
vinou

Rozméry pajecich pind Osmiuhly Tolerance rozmisténi pajecich pint +0,175 mm

Propustné napéti, min. 1.8V Barva levé LED Zelena

Elektrické vlastnosti

Dielektrickéd pevnost, kontakt / stinéni 1500 V DC Dielektrickéd pevnost, kontakt / kontakt 1000 V DC

Objemovy odpor <25 mQ Odpor izolace 2500 MQ

Jmenovité napéti 126V Jmenovity proud 15A

PoE / PoE+ odpovida IEEE 802.3at
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Standardni konektor

IEC 60603-7-51

Udaje o materialu

Izolaéni material PA 6T Barevny cerna
Barevny graf (podobné) RAL 9011 Skupina izola¢niho materialu 1l
Komparativni index sledovani (CTI) 2500 Odpor izolace 2500 MQ
Moisture Level (MSL) Klasifikace hoflavosti UL 94 V-0
Contact base material Fosforovy bronz Material kontaktu Slitina

Povrch kontaktu

Pozlaceny nikl

Struktura vrstev kontaktu konektoru

30..80 y" Ni /=230 y" Au

Skladovaci teplota, min.

-40 °C

Skladovaci teplota, max.

85 °C

Provozni teplota, min. -40 °C Provozni teplota, max. 85 °C
Dulezita poznamka

Poznamky

Klasifikace

ETIM 8.0 EC002637 ETIM 9.0 EC002637
ETIM 10.0 EC002637 ECLASS 14.0 27-46-02-01
ECLASS 15.0 27-46-02-01
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Rozmérovy vykres

Rozmérovy vykres
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GY/GY RJ45G1 R1U 3.2E4GY/GY TY

Packaging
LED
Contact surface thickness

EMI tabs (ground fingers)

Tray in bax [manual assembly)
Tape on Reel

RLE!

Yellow/Green
Green/Yeliow (standard)
Green-Yellow/Green Yellow
Omnge/Green
Red/Orange

{further combinations possible)
without LED

1w3y, 2= 6y, 3= 15)7, 4 m 304", 5 = 504°

E = with EMI tabs
N = without EM| tabs

Salder Pin length 32mm
1.6 mm

SMD

Horizental (90%, side entry), latch wp
Horizontal (90", side entry), latch down

Diraction, latch style

Vertical (1807 top entry)
Diagonal (45°). latch up

< |<<oc|oze zm e z; Esgss 24

Mumbaer of Ports 1 Port
12; 14;... multi ports side by side, Multiport
21;41;.. multi ports about each othar, Muttilevel
Assembly on PCB R Through Hole Reflow - THR
Soldering process: Wave or Reflow soldering
s SBurface Mount Technalogy - SMT
Soldering process: Reflow soldering
T Through Hole Technalogy - THT
Soldering process: Wave
Performance Category (=] Category §
cé Category 6
(=) Catmgory 6A
Che Category Be
M 104100 Mbit
G1 104100/1000 Mbit
G100 10 Gbit
u Unshielded
MP 10/100 Mbit with POE
MP+ 10/100 Mbit with POE+
Legenda
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RJ45 crimp

Vseobecné objednaci udaje

RJ45 krimpovaci zasuvny konektor podle IEC 60603-7-51
pro vodic¢e s vnéjsim obvodem do 1,05 mm

Typ |E-P Verze

Cislo 8813100000 Zastrcka RJ45, bez ochrany proti zapleteni; 5,5 - 7,1 mm, Cat.6A /
objednavky Class EA (ISO/IEC 11801 2010), IP20

GTIN (EAN) 4032248512850

MnozZstvi 100 ST

Typ IE-P63 Verze

Cislo 8813110000 Zastréka RJ45, s ochranou proti zapleteni; 5,5 - 6,2 mm, Cat.6A /
objednavky Class EA (ISO/IEC 11801 2010), IP20

GTIN (EAN) 4032248512867

MnozZstvi 10 ST

Typ IE-P70 Verze

Cislo 8813120000 Zastrcka RJ45, s ochranou proti zapleteni; 6,2 - 7,1 mm, Cat.6A /
objednavky Class EA (ISO/IEC 11801 2010), IP20

GTIN (EAN) 4032248512874

MnozZstvi 10 ST

Typ |E-PM-RJ45-TH Verze

Cislo 1963580000 Nalisovana zastrcka RJ45, Zastrcka bez objimky na ochranu proti
objednavky ohybani, Cat.6A / Class EA (ISO/IEC 11801 2010)

GTIN (EAN) 4032248645688

MnozZstvi 100 ST

Typ |E-PS-RJ45-TH-BK Verze

Cislo 1963590000 Nalisované zastréka RJ45, Zastréka s ernou objimkou na ochranu
objednavky proti ohybani, Cat.6A / Class EA (ISO/IEC 11801 2010)

GTIN (EAN) 4032248645695

MnozZstvi 10 ST

Typ |E-PS-RJ45-TH-BK-P Verze

Cislo 2584980000 Nalisované zastréka RJ45, s ochranou proti zapleteni; 6,5 - 7,56 mm,
objednavky Kat.5 (ISO/IEC 11801)

GTIN (EAN) 4050118593556

MnozZstvi 10 ST
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Vseobecné objednaci udaje

Zasuvny konektor RJ45 (bez potfeby naradi) podle
IEC 60603-7-51.

Typ |IE-PS-RJ45-FH-180-A-1.1 Verze

Cislo 1992850000 Zastrcka RJ45 s propichovacimi kontakty, rovny, Cat.6A / Class EA
objednavky (ISO/IEC 11801 2010), EIA/TIAT568 A

GTIN (EAN) 4050118378115

MnozZstvi 1ST

Typ |E-PS-RJ45-FH-180-A-1.6 Verze

Cislo 1992820000 Zastrcka RJ45 s propichovacimi kontakty, rovny, Cat.6A / Class EA
objednavky (ISO/IEC 11801 2010), EIA/TIAT568 A

GTIN (EAN) 4050118377897

MnozZstvi 18T

Typ |IE-PS-RJ45-FH-180-B-1.1 Verze

Cislo 1992860000 Zastrcka RJ45 s propichovacimi kontakty, rovny, Cat.6A / Class EA
objednavky (ISO/IEC 11801 2010), EIA/TIAT568 B

GTIN (EAN) 4050118378108

MnozZstvi 1ST

Typ |E-PS-RJ45-FH-180-B-1.6 Verze

Cislo 1992830000 Zastrcka RJ45 s propichovacimi kontakty, rovny, Cat.6A / Class EA
objednavky (ISO/IEC 11801 2010), EIA/TIAT568 B

GTIN (EAN) 4050118377972

MnozZstvi 18T

Typ |E-PS-RJ45-FH-180-P-1.6 Verze

Cislo 1992840000 Zastrcka RJ45 s propichovacimi kontakty, rovny, Kat.5 (ISO/IEC
objednavky 11801), PROFINET

GTIN (EAN) 4050118378023

Mnozstvi 18T

zahnuty s kabelovou priichodkou

Zasuvny konektor RJ45 (bez potieby nafadi) podle
IEC 60603-7-51.
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Typ |IE-PS-RJ45-FH-90-A-1.1 Verze

Cislo 1518080000 Zastrcka RJ45 s propichovacimi kontakty, 90°, 4x90°, Cat.6A / Class
objednavky EA (ISO/IEC 11801 2010), EIA/TIAT568 A

GTIN (EAN) 4050118324969

MnozZstvi 1ST

Typ |IE-PS-RJ45-FH-90-A-1.6 Verze

Cislo 1992870000 Zastréka RJ45 s propichovacimi kontakty, 90°, 4x90°, Cat.6A / Class
objednavky EA (ISO/IEC 11801 2010), EIA/TIAT568 A

GTIN (EAN) 4050118378054

MnozZstvi 18T

Typ |IE-PS-RJ45-FH-90-B-1.1 Verze

Cislo 1518090000 Zastrcka RJ45 s propichovacimi kontakty, 90°, 4x90°, Cat.6A / Class
objednavky EA (ISO/IEC 11801 2010), EIA/TIAT568 B

GTIN (EAN) 4050118325300

Mnozstvi 18T

Typ |IE-PS-RJ45-FH-90-B-1.6 Verze

Cislo 1992890000 Zastrcka RJ45 s propichovacimi kontakty, 90°, 4x90°, Cat.6A / Class
objednavky EA (ISO/IEC 11801 2010), EIA/TIAT568 B

GTIN (EAN) 4050118378122

MnozZstvi 1ST

Typ |E-PS-RJ45-FH-90-P-1.6 Verze

Cislo 1518100000 Zastrcka RJ45 s propichovacimi kontakty, 90°, 4x90°, Kat.5 (ISO/IEC
objednavky 11801), PROFINET

GTIN (EAN) 4050118325232

MnozZstvi 18T

RJ45 bez potieby naradi

Vseobecné objednaci udaje

RJ45 zasuvny konektor (bez potfeby nastrojli) podle
IEC 60603-7-51 pro vodice s vnéjsim obvodem do
1,6 mm

Typ |IE-PS-RJ45-FH-BK Verze

Cislo 1963600000 Zastréka RJ45 IDC, Cat.6A / Class EA (ISO/IEC 11801 2010),
objednavky 8jadrovy, 4jadrovy, EIA/TIAT568 A, EIA/TIA T568 B, PROFINET
GTIN (EAN) 4032248645725

MnozZstvi 10 ST

Typ |E-PS-RJ45-FH-BK-A Verze

Cislo 1132040000 Zastréka RJ45 IDC, Cat.6A / Class EA (ISO/IEC 11801 2010),
objednavky 8jadrovy, EIA/TIAT568 A

GTIN (EAN) 4032248912155

MnozZstvi 10 ST
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Typ |IE-PS-RJ45-FH-BK-B Verze

Cislo 1132050000 Zastrcka RJ45 IDC, Cat.6A / Class EA (ISO/IEC 11801 2010),
objednavky 8jadrovy, EIA/TIAT568 B

GTIN (EAN) 4032248912148

MnozZstvi 10 ST

Typ |IE-PS-RJ45-FH-BK-P Verze

Cislo 1132060000 Zastréka RJ45 IDC, Kat.5 (ISO/IEC 11801), 4jadrovy, PROFINET
objednavky

GTIN (EAN) 4032248912162

Mnozstvi 10 ST
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