Datovy list

CH 3.50/13/90F 3.5SN GN BX

Weidmiiller 3£

Weidmiiller Interface GmbH & Co. KG
Klingenbergstralle 26

D-32758 Detmold

Germany

www.weidmueller.com

b’

v:ompum

Vseobecné objednaci udaje

Cislo objednavky 2641250000

Typ CH 3.50/13/90F 3.5SN GN BX

GTIN (EAN) 4050118645729

Mnozstvi 192 items

Udaje vyrobku IEC:320V/8A
UL:300V/8A

Baleni Box
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Osvédcéeni

Schvéleni “
ROHS Shoda

UL File Number Search Web UL

C. osvéd&eni (cURus) E60693
Rozméry a hmotnosti

Cista hmotnost 444 g

Shoda produktu s prostiedim

Stav souladu se smérnici RoHS

V souladu s vyjimkou

Vyjimka ze smérnice RoHS (je-li
pouzitelné/znamo)

6¢

REACH SVHC Lead 7439-92-1

SCIP 2fbe7231-4ad 1-4dcb-8e0f-b 14defbd9d78

Baleni

Baleni Box Délka VPE 155.00 mm
Sitka VPE 64.00 mm Vyska VPE 38.00 mm

Parametry systému

Skupina produktt

OMNIMATE Signal - fada
BL/SL 5,08

Typ pfipojeni

Pfipojeni desky

Montaz na PCB desku Pfipojeni pajenim Rozte¢ v mm (P) 3.50 mm
pretavenim priichozim
otvorem
Rozteé v palcich (P) 0.138" Vystupni tvarovka 90°
Pocet polu 13 Pocet pajenych kolikd na pol 1
Pajeci kolik, délka (1) 3.5 mm Rozméry péjecich pinud 0,8 x 0,8 mm
Pramér otvoru pajeciho ocka (D) 1.3 mm L1Tvmm 42.00 mm
L1 v palcich 1.656 " Pocet fad 1
MnozZstvi fady kolikt 1
Udaje o materialu
Izola¢ni material PA GF Barevny Svétla zelena
Barevny graf (podobné) RAL 6021 Skupina izola¢niho materialu |
Moisture Level (MSL) Klasifikace hoflavosti UL 94 V-0
Contact base material Slitina Material kontaktu Slitina
Povrch kontaktu pocinované Typ cinovani matny povrch
Skladovaci teplota, min. -40 °C Skladovaci teplota, max. 70°C
Provozni teplota, min. -40 °C Provozni teplota, max. 105 °C
Jmenovité adaje podle IEC
Jmenovity proud, min. pocet pdlu 8A Jmenovité napéti pro tfidu prepéti / 320V
(Tu=20 °C) stupen znecisténi Il/2
Jmenovité napéti pro tfidu prepéti / 160V Jmenovité napéti pro tfidu prepéti / 160V

stupen znecisténi lll/2

stupen znecisténi lll/3
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Jmenovité impulzni napéti pro tfidu
prepéti / stupen znedisténi ll/2

2.5 kv Jmenovité impulzni napéti pro tfidu 2.5 kV
prepéti / stuper znedisténi lll/2

Jmenovité impulzni napéti pro tfidu
prepéti / stupen znecisténi lll/3

2.5kV

Jmenovité adaje podle CSA

Jmenovité napéti (aplikacni skupina B /

300V Jmenovity proud (aplika¢ni skupinaB/ 8 A

CSA) CSA)

Jmenovité adaje podle UL 1059

Institut (cURus) CURUS C. osvédéeni (cURus) E60693
Jmenovité napéti (aplikaéni skupinaB / 300V Jmenovity proud (aplika¢ni skupinaB / 8 A

UL 1059) UL 1059)

Odkaz na hodnoty pro schvaleni

Specifikace jsou maximalni
hodnoty, podrobnosti viz
prislusna certifikace.

Dulezita poznamka

Poznamky * Only compatible with OMNIMATE basic products

* P on drawing = pitch

* Rated current related to rated cross-section & min. No. of poles.

* Rated data refer only to the component itself. Clearance and creepage distances to other
components are to be designed in accordance with the relevant application standards.

* In accordance with IEC 61984, OMNIMATE-connectors are connectors without breaking
capacity (COC). During designated use, connectors are not allowed to be engaged or
disengaged when live or under load

* Long term storage of the product with average temperature of 50 °C and maximum humidity
70%, 36 months

Klasifikace

ETIM 8.0 EC002637 ETIM 9.0 EC002637
ETIM 10.0 EC002637 ECLASS 14.0 27-46-02-01
ECLASS 15.0 27-46-02-01
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L1+P+ 9.p

‘*C HDD 0.362

HOLE PATTERN
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