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Vseobecné objednaci udaje

Cislo objednavky 2644150000
Typ CPS 5.00/14/180 SN GN BX
GTIN (EAN) 4050118642827
Mnozstvi 48 items
Udaje vyrobku IEC: 630V /22 A /0.2-2.5 mm?2
UL: 300V / 15 A/ AWG 30-AWG 12
Baleni Box
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Osvédcéeni

Schvéleni “
ROHS Shoda

UL File Number Search Web UL

C. osvéd&eni (cURus) E60693
Rozméry a hmotnosti

Cista hmotnost 245¢g

Shoda produktu s prostiedim

Stav souladu se smérnici RoHS

V souladu s vyjimkou

Vyjimka ze smérnice RoHS (je-li

pouzitelné/znamo)

6¢

REACH SVHC

Lead 7439-92-1

SCIP

db655e4a-7bb0-47c¢8-bd67-256d502 1f9ded

Systémové parametry

Skupina produktt

OMNIMATE Signal - fada
BL/SL 5,08

Typ pfipojeni

Pfipojeni v provozu

Metoda pfipojeni vodice Pfipojeni s upinacim Rozte¢ v mm (P) 5.00 mm
tfrmenem

Rozte¢ v palcich (P) 0.197 " Pocet polu 14

L1 v mm 65.00 mm L1 v palcich 2.561"

Pocet fad 1 MnozZstvi fady kolika 1

Délka odizolovani 7 mm Utahovaci moment, min. 0.5 Nm

Utahovaci moment, max. 0.55 Nm Svérny Sroub M 3

Hrot Sroubovaku 0,6 x3,6 Cykly zapojovani 25

Zasuvna sila / pol, max. 9N Tazna sila / pdl, max. 6N

Baleni

Baleni Box Délka VPE 338.00 mm

Sitka VPE 130.00 mm Vyska VPE 27.00 mm

Udaje o materialu

Izolaéni material PA Barevny Svétla zelena

Barevny graf (podobné) RAL 6021 Skupina izola¢niho materialu |

Odpor izolace 500 MQ Moisture Level (MSL)

Klasifikace hoflavosti UL 94 V-0 Contact base material Slitina médi

Material kontaktu Slitina médi Povrch kontaktu pocinované

Typ cinovani matny povrch Skladovaci teplota, min. -40 °C

Skladovaci teplota, max. 70°C Provozni teplota, min. -40 °C

Provozni teplota, max. 105 °C

Vodice vhodné k pFipojeni

Upinaci rozsah, min. 0.2 mm?2 Upinaci rozsah, max. 4 mm2

Prafez propojeni AWG, min. AWG 30 Prafez propojeni AWG, max. AWG 12

Pevné, min. HO5(07) V-U 0.2 mm?2 Pevné, max. HO5(07) V-U 2.5 mm?2

Sto¢ené, min. HO7V-R 0.05 mm?2 Sto¢ené, max. HO7V-R 2.5 mm?2
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Pruzné, min. HO5(07) V-K 0.2 mm?2 Pruzné, max. HO5(07) V-K 2.5 mm?
dutinkou s plastovym limcem, , DIN 0.2 mm?2 dutinkou s plastovym limcem, DIN 2.5 mm?2
46228 pt 4, min. 46228 pt 4, max.

s vodi¢em a dutinkou, DIN 46228 pt 1, 0.2 mm? s vodi¢em a dutinkou, DIN 46228 pt 1, 2.5 mm?
min. max.

Jmenovité udaje podie IEC

Jmenovity proud, min. pocet pdla 22 A Jmenovité napéti pro tfidu prepéti / 630V
(Tu=20 °C) stupen znecisténi ll/2

Jmenovité napéti pro tfidu prepéti / 320V Jmenovité napéti pro tfidu prepéti / 250V
stupen znecisténi lll/2 stupen znecisténi lll/3

Jmenovité impulzni napéti pro tfidu 4 kv Jmenovité impulzni napéti pro tfidu 4 kV
prepéti / stupen znecisténi ll/2 prepéti / stupen znedisténi lll/2

Jmenovité impulzni napéti pro tfidu 4 kV

prepéti / stuperi znecisténi lll/3

Jmenovité adaje podle CSA

Jmenovité napéti (aplikacni skupinaB / 300V Jmenovité napéti (aplikacni skupina D / 300V
CSA) CSA)

Jmenovity proud (aplika¢ni skupinaB/ 15 A Jmenovity proud (aplika¢ni skupinaD / 10 A
CSA) CSA)

Prirez vodice AWG, min. AWG 30 Prafez vodice AWG, max. AWG 12
Jmenovité adaje podle UL 1059

Institut (cURus) CURUS C. osvédéeni (cURus) E60693
Jmenovité napéti (aplikac¢ni skupinaB / 300V Jmenovité napéti (aplikac¢ni skupina D / 300V
UL 1059) UL 1059)

Jmenovity proud (aplikaéni skupinaB/ 15 A Jmenovity proud (aplika¢ni skupinaD / 10 A

UL 1059) UL 1059)

Prarez vodice, AWG, min. AWG 30 Prarez vodice, AWG, max. AWG 12

Odkaz na hodnoty pro schvaleni

Specifikace jsou maximalni
hodnoty, podrobnosti viz
prislusna certifikace.

Dulezita poznamka

Weidmiiller Interface GmbH & Co. KG

Poznamky ¢ Only compatible with OMNIMATE basic products

* P on drawing = pitch

* Rated current related to rated cross-section & min. No. of poles.

* Rated data refer only to the component itself. Clearance and creepage distances to other
components are to be designed in accordance with the relevant application standards.

¢ Limited rated data according to IEC when using 2.5mm?2 in combination with ferrules without
plastic collars: 400V/2.5kV (ll/2) | 240V/2.5kV (lll/2) | 160V/2.5kV (lll/3)

* In accordance with IEC 61984, OMNIMATE-connectors are connectors without breaking
capacity (COC). During designated use, connectors are not allowed to be engaged or
disengaged when live or under load

* Long term storage of the product with average temperature of 50 °C and maximum humidity
70%, 36 months

Klasifikace

ETIM 8.0 EC002638 ETIM 9.0 EC002638
ETIM 10.0 EC002638 ECLASS 14.0 27-46-02-02
ECLASS 15.0 27-46-02-02
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