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Vseobecné objednaci udaje

Verze CUBESERIES, LED modul s ochrannou diodou,
Jmenovité fidici napéti: 110...230 V DC, Zasuvné
pfipojeni Plug-in

Cislo objednavky 3053350000
Typ CXX LD 43R

GTIN (EAN) 4099987023146
MnozZstvi 20 items
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Data sheet

CXX LD 43R

Technical data
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Osvédcéeni

ROHS Shoda

Rozmeéry a hmotnosti

Hloubka 25.7 mm Hloubka (v palcich) 1.0118 inch
Vyska 9.2 mm Vyska (v palcich) 0.3622 inch
Sitka 12.8 mm Sitka (v palcich) 0.5039 inch
Cista hmotnost 29

Teploty

Skladovaci teplota -40 °C...85 °C Okolni teplota -40°C..70°C
Provozni teplota

Shoda produktu s prostiedim

Stav souladu se smérnici RoHS V souladu bez vyjimky

REACH SVHC Ne SVHC nad 0,1 wt%

Ridici strana

Jmenovité fidici napéti 110..230VDC Jmenovity proud DC 4 mA
Ukazatel stavu Cervena LED Ochranny obvod Nulova dioda

Obecné udaje

Barevny cerna
Komponent s klasifikaci hoflavosti UL 94 Komponent
Klasifikace hoflavosti UL 94

Kryt
V-2

Data pFipojeni

Metoda pfipojeni vodice Zasuvné pripojeni Plug-in

Klasifikace

ETIM 8.0 EC002586 ETIM 9.0 EC002586
ETIM 10.0 EC002586 ECLASS 14.0 27-37-16-92
ECLASS 15.0 27-37-16-92
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Dimensional drawing

Connection diagram
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Miscellaneous

Type code CUBESERIES LED / protective module versions
IO J ]

Product family J Input voltage and LED color
C  CUBESERIES 21N 6-230vVDC

41R 624 VDC LED red
41G 6-24 VDC LED green
42R 2460V DC LED red

Product type
X Accessories

Accessory for which 426G 24-60 V DC LED green
relay desing 43R 110-230 V DC LED red

X Universal use 436 110230V DC LED green
Function 51 624 VAC/DC

L LED 52 2460V AC/DC

D Free-wheeling diode 53  110-240V AC/DC

LD LED and free-wheeling diode 61R 6-24 V AC/DC LED red

V. Varistor 61G 6-24 V AC/DC LED green
RC  RC element 62R 24-60 V AC/DC LED red

626G 24-60 V AC/DC LED green
63R 110-240 V AC/DC LED red
63G 110-240V AC/DC LED green
71 624VAC

72 110-130VAC

73 220240V AC
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