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Vseobecné objednaci udaje
Verze Fotovoltaika, Pfepina¢, Spinaci odpojovac, 600 V
AC, 125 A, pdl 4, Rucni spinac
Cislo objednavky 3103180000
Typ AC SBM 125A 4POL CG 06KV
GTIN (EAN) 4099987148382
MnozZstvi 1 items
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Osvédcéeni

Schvaleni

ROHS Shoda

Rozmeéry a hmotnosti

Hloubka 142 mm Hloubka (v palcich) 5.5905 inch
Vyska 320 mm Vyska (v palcich) 12.5984 inch
Sitka 205 mm Sitka (v palcich) 8.0709 inch
Cista hmotnost 1773 g

Teploty

Okolni teplota -25°C..5b5°C

Obecna data

Stupen kryti IP 65

Vypinaé zatéze

Typ napéti AC Jmenovité napéti 415V
Jmenovity proud 126 A Pocet rozpinacich kontakt( 0

Jmenovity prevazné ¢inny zatéZzovy 125 A Typ pfipojeni Pfipojeni s kotevni svorkou
proud

Jmenovity zkratovy proud 2.1 kA Jmenovity $pickovy vydrzny proud 2.5 kA

Tfida mechanické odolnosti M2 (10000) Pocet spinacich kontakt( 4
Klasifikace

ETIM 7.0 EC000216 ETIM 8.0 EC000216
ETIM 9.0 EC004830 ETIM 10.0 EC004830
ECLASS 11.0 27-07-02-03 ECLASS 12.0 27-07-02-03
ECLASS 13.0 27-07-02-03 ECLASS 14.0 27-07-02-03
ECLASS 15.0 27-07-02-03

Listy specifikaci zakazky

Dlouhé specifikace

Load break Switch in
polyester housing.
Suitable for disconnection
on the AC side.

Number of poles: 4

Rated operational current

(le) (le):

- according to IEC (AC-21):

125 A

Rated operational voltage
(Ue):

-according to IEC: 415 V
Suitability for use:
Emergency Stop Switch:
No

Main Switch: Yes Number

of contacts normally open:

4
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Number of contacts
normally closed: O
Number of switching
positions: 2

Lockable: Yes

The switch is mounted
using 4 screws.
Protection class (IP): 65
Polyester housing with
knockouts for cable
glands.

Dimensions HxWxD:
320x205x142 mm.
Approved according to
Low-voltage Switchgear
and Controlgear: IEC
60947-3, DIN VDE 0660
Part 107 (EN 60947-3)
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