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Vseobecné objednaci udaje

Verze Zasuvny konektor PCB plug in, zditka, Rozte¢ v mm
(P): 6.35 mm, Pocet pol: 7, 180°, Box

Cislo objednavky 8000168331

Typ MPS 6/07 SLFTNBB

GTIN (EAN) 4099987795814

MnozZstvi 36 items

Udaje vyrobku IEC: 1000V /40.3 A/ 0.75-6 mm?2
UL: 600V /30 A/ AWG 20-AWG 10

Baleni Box
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Rozméry a hmotnosti

Hloubka 43 mm Hloubka (v palcich) 1.6929 inch
Vyska 20.5 mm Vyska (v palcich) 0.8071 inch
Sitka 51.9 mm Sitka (v palcich) 2.0433 inch
Cista hmotnost 37.1g

Udaje o materialu

Izola¢ni material PBT GF Barevny cerna
Barva provoznich prvki Oranzova Barevny graf (podobné) RAL 9011
Skupina izolaéniho materialu | Komparativni index sledovani (CTI) =600
Moisture Level (MSL) Klasifikace hoflavosti UL 94 V-0
Material kontaktu Slitina Povrch kontaktu pocinované
Skladovaci teplota, min. -25°C Skladovaci teplota, max. b5 °C
Provozni teplota, min. -50 °C Provozni teplota, max. 125 °C

Vodice vhodné k pFipojeni

Upinaci rozsah, min. 0.5 mm?2 Upinaci rozsah, max. 4 mm?2
Pevné, min. HO5(07) V-U 0.75 mm?2 Pevné, max. HO5(07) V-U 4 mm2
Pruzné, min. HO5(07) V-K 0.75 mm?2 Pruzné, max. HO5(07) V-K 6 mm?2
dutinkou s plastovym limcem, , DIN 0.5 mm?2 dutinkou s plastovym limcem, DIN 4 mm?2
46228 pt 4, min. 46228 pt 4, max.

s vodi¢em a dutinkou, DIN 46228 pt 1, 0.75 mm?2 s vodi¢em a dutinkou, DIN 46228 pt 1, 4 mm?
min. max.

Jmenovité adaje podle IEC

testovano podle normy IEC 60664-1, IEC 61984 Jmenovity proud, min. pocet poll 40.3 A
(Tu=20 °C)

Jmenovity proud, max. pocet péli 404 A Jmenovity proud, min. pocet polu 36.3 A

(Tu=20 °C) (Tu=40 °C)

Jmenovity proud, max. pocet pola 36.3 A Jmenovité napéti pro tfidu prepéti / 1000V

(Tu=40 °C) stupen znecisténi ll/2

Jmenovité napéti pro tfidu prepéti / 1000V Jmenovité napéti pro tfidu prepéti / 800V

stupen znecisténi lll/2 stupen znecisténi lll/3

Jmenovité impulzni napéti pro tfidu 8V Jmenovité impulzni napéti pro tfidu 8 kV

prepéti / stupen znedisténi Il/2 prepéti / stupen znedisténi lll/2

Jmenovité impulzni napéti pro tfidu 8 kv

prepéti / stupen znecisténi lll/3

Jmenovité udaje podie UL 1059

Jmenovité napéti (aplikacni skupinaB / 600V Jmenovité napéti (aplikacni skupina C / 600V
UL 1059) UL 1059)

Jmenovité napéti (aplikacni skupina D / 600 V Jmenovité napéti (aplikacni skupina F / 1000 V
UL 1059) UL 1059)

Jmenovity proud (aplika¢ni skupinaB/ 30 A Jmenovity proud (aplika¢ni skupinaC/ 30 A

UL 1059) UL 1059)

Jmenovity proud (aplika¢ni skupinaD / 5 A Prafez vodice, AWG, min. AWG 20
UL 1059)

Prarez vodice, AWG, max. AWG 10

Dulezita poznamka

Poznamky * Rated current related to rated cross-section & min. No. of poles.
* P on drawing = pitch
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Technické udaje

* Rated data refer only to the component itself. Clearance and creepage distances to other
components are to be designed in accordance with the relevant application standards.

* Long term storage of the product with average temperature of 50 °C and maximum humidity
70%, 36 months

Klasifikace

ETIM 8.0 EC002638 ETIM 9.0 EC002638
ETIM 10.0 EC002638 ECLASS 14.0 27-46-02-02
ECLASS 15.0 27-46-02-02
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