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Obrazek vyrobku

Podobné ilustraci
Zasuvné ochranné moduly pro reléové zasuvky SERIES
RCI / RCM, s volitelnymi ochrannymi funkcemi.
¢ S ochrannym varistorem
* Pro UC napéjeci napéti

Vseobecné objednaci udaje

Verze RIDERSERIES, Ochranny varistor, Jmenovité fidici
napéti: 110 V UC, Zasuvné pripojeni Plug-in

Cislo objednavky 8869730000

Typ RIM- 4 110VUC VAR

GTIN (EAN) 4032248606351

Mnozstvi 10 items

Stav objednavky Tento produkt v budoucnu uz nebude k dispozici.

K dispozici do 2026-06-30T00:00:00+02:00

Alternativni vyrobek CXXV 72

Creation date 07.01.2026 06:06:00 MEZ

Catalogue status / Drawings


https://eshop.weidmueller.com/p/8869730000
https://eshop.weidmueller.com/p/3053480000
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Osvédcéeni

Schvaleni “

ROHS Shoda

UL File Number Search Web UL

C. osvédéeni (cURus) E223759

Rozméry a hmotnosti

Hloubka 32.1Tmm Hloubka (v palcich) 1.2638 inch
Vyska 10.5 mm Vyska (v palcich) 0.4134 inch
Sitka 11.4 mm Sitka (v palcich) 0.4488 inch
Cista hmotnost 23¢g

Teploty

Skladovaci teplota -40°C..70°C Okolni teplota -40°C..70°C

Provozni teplota

Vihkost

Rel. vlhkost 40 °C / 93 %,
bez kondenzace

Shoda produktu s prostiedim

Stav souladu se smérnici RoHS

V souladu bez vyjimky

REACH SVHC

Ne SVHC nad 0,1 wt%

Jmenovité udaje UL

C. osvédé&eni (cURus) E223759

Ridici strana

Jmenovité fidici napéti 110V UC Ukazatel stavu Ne
Ochranny obvod Varistor

Obecné udaje

Barevny Transparentni

Dalsi detaily o certifikacich / normach

C. osvédé&eni (cURus) E223759

Data p¥ipojeni

Metoda pfipojeni vodice Zasuvné pfipojeni Plug-in

Klasifikace

ETIM 8.0 EC002586 ETIM 9.0 EC002586
ETIM 10.0 EC002586 ECLASS 14.0 27-37-16-92
ECLASS 15.0 27-37-16-92
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https://database.ul.com/cgi-bin/XYV/cgifind/LISEXT/1FRAME/gfilenbr.html

RIM-14 110VUC VAR

Weidmiiller 3£

Weidmiiller Interface GmbH & Co. KG
Klingenbergstralle 26

D-32758 Detmold

Germany

www.weidmueller.com

Schéma pFipojeni

Dimensional drawing
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Miscellaneous
Type code
Order No. Type printed on part
8869770000 RIM- 3 6/60VAC EM 02
8869790000 RIM- 3 110/230VAC EM 03
8869710000 | RIM-14 24 UC VAR EM 04
8869750000 | RIM-4 230 VUC CAR EM 05
8869650000 RIM- 3 110/230VUC EM 06
8869630000 RIMH 3 6/24VUC EM 07
8869580000 | RIM-I16/230V EM 09
8869660000 RIM- 3 110/230VUC GN EM 10
8869640000 RIM- 3 6/24VUC GN EM 11
8869600000 | RIM- 2 6/24VDC GN EM 12
8869730000 | RIM-14110VUC VAR EM 13
8869610000 RIM-l 3 24/60VUC EM 14
8869670000 RIM- 2 24/60VDC EM 16
8869590000 RIMH 2 6/24VDC EM 18
88693680000 RIM- 2 24/60VDC GN EM 25
8863690000 RIM-1210/230VDC EM 27
8869700000 RIM- 2 110/230VDC GN EM 28
8870830000 RIM-1R110/230V EM 29
8869620000 RIM-I 3 24/60VUC GN EM 30
1172210000 | RIM-1 3 230VAC RC EM 31
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