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General ordering data

Order No. 1500290000
Type INLAY CC-M 27/70
GTIN (EAN) 4050118309034
Qty. 1 items
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Technical data

Approvals

ROHS Conform

Dimensions and weights

Depth 120 mm Depth (inches) 4.7244 inch
Height 8 mm Height (inches) 0.315 inch
Width 76 mm Width (inches) 2.9921 inch
Net weight 65.12 g

Environmental Product Compliance

RoHS Compliance Status Compliant without exemption
REACH SVHC No SVHC above 0.1 wt%

General data

Version Holder for 3 signs Width 76 mm
Classifications

ETIM 6.0 EC001675 ETIM 7.0 EC001675
ETIM 8.0 EC001675 ETIM 9.0 EC001675
ETIM 10.0 EC001675 ECLASS 9.0 19-14-92-90
ECLASS 9.1 19-14-92-90 ECLASS 10.0 19-14-92-90
ECLASS 11.0 19-14-90-90 ECLASS 12.0 19-14-90-90
ECLASS 13.0 19-14-90-90 ECLASS 14.0 19-14-90-90
ECLASS 15.0 19-14-90-90
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