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Product image

The WGK finger-proof-insulated enclosures are espe-
cially suitable as industrial electronic enclosures for fre-
quency converters, power supplies or filter components
which offer a convenient and reliable form of connection
internally and externally. To match the wire guides to the
installation requirements in the best possible way, Weid-
muiller offers two versions with horizontal (WGK) and ver-
tical (WGKV) outlet directions.

General ordering data

Order No. 2487910000

Type WGK 10 VP GN/YE BX SO
GTIN (EAN) 4050118499759

Qty. 50 items
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Data sheet

WGK 10 VP GN/YE BX SO
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Dimensions and weights

Net weight 10.87 g

Environmental Product Compliance

RoHS Compliance Status Compliant without exemption

REACH SVHC No SVHC above 0.1 wt%

System parameters

Tightening torque, max. 1.9 Nm

Material data

Contact material Cu-alloy

Packing

VPE length 210.00 mm VPE width 128.00 mm
VPE height 82.00 mm

Important note

Notes

Classifications

ETIM 8.0 EC001283 ETIM 9.0 EC001283
ETIM 10.0 EC001283 ECLASS 14.0 27-14-11-34
ECLASS 15.0 27-14-11-34
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Dimensional drawing

Derating curve

WGK 10

load current | [A]

@ =5pos.

© = 16.0 mm? (HO7V-R16 / IEC 60947-7-1)

10 20 30 40 50 60 70 80 90 100 110 120 130
—
ambient temperature T [C]

Creation date 03.01.2026 06:21:42 MEZ

Catalogue status / Drawings



