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Protective caps suitable for FieldPower and WIPL family
with round connector

General ordering data

Order No. 2820090000
Type PCRCM
GTIN (EAN) 4064675591405

Creation date 04.08.2026 06:32:04 MEZ

Catalogue status / Drawings


https://eshop.weidmueller.com/p/PC%20RC%20M
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Approvals
Approvals

e(UL)us

LISTED

ROHS Conform
UL File Number Search UL Website
Certificate no. (cULus) E307231
Dimensions and weights
Net weight 39
Temperatures
Storage temperature Ambient temperature -25°C...125 °C
Operating temperature -40°C..85°C
Environmental Product Compliance
RoHS Compliance Status Compliant without exemption
REACH SVHC No SVHC above 0.1 wt%
Technical specifications for cable
Insulation voltage <500 V (housing/PE)
General technical data
Housing main material PA 66 Protection degree IP67
General standards
Certificate no. (cULus) E307231
General data
UL 94 flammability rating V-2 Protection degree IP67
Classifications
ETIM 8.0 EC002314 ETIM 9.0 EC002314
ETIM 10.0 EC002314 ECLASS 14.0 27-44-02-08
ECLASS 15.0 27-44-02-08

Creation date 04.08.2026 06:32:04 MEZ

Catalogue status / Drawings


https://database.ul.com/cgi-bin/XYV/cgifind/LISEXT/1FRAME/gfilenbr.html

