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General ordering data

 
Order No. 3041980000
Type UC20-FM-BASE
GTIN (EAN) 4099987013338
Qty. 1 items
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Dimensions and weights
 
Depth 101 mm Depth (inches) 3.9764 inch
Height 120 mm Height (inches) 4.7244 inch
Width 30 mm Width (inches) 1.1811 inch
Net weight 0 g
 

Power supply
 
Supply voltage 5 V DC ±4 % via UC20 Current consumption from Isys, typ. <500 mA
 

System data
 
Programming environment Linux
 

Important note
 
Product information The matching end brackets are included with the control.
 

Classifications
 
ETIM 8.0 EC001422 ETIM 9.0 EC001422
ETIM 10.0 EC001422 ECLASS 14.0 27-24-22-05
ECLASS 15.0 27-24-22-05
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