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Similar to illustration

* With 1 mm diameter inner conductor
e Stripping length adjustable via end stop
* Automatic opening of clamping jaws after stripping

General ordering data

Version Accessories, Spare cutting blade
Order No. 9003760000

Type MEHA KP LWL M-D-SPX

GTIN (EAN) 4008190055110

Qty. 1 items

Creation date 27.11.2025 03:58:35 MEZ

Catalogue status / Drawings


https://eshop.weidmueller.com/p/9003760000

MEHA KP LWL M-D-SPX

Technical data

Dimensions and weights
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Depth 16 mm Depth (inches) 0.6299 inch
Height 11.5 mm Height (inches) 0.4528 inch
Width 26 mm Width (inches) 1.0236 inch
Length 26 mm Length (inches) 1.0236 inch
Net weight 11.5¢g
Environmental Product Compliance
RoHS Compliance Status Not affected
REACH SVHC Lead 7439-92-1
SCIP cf06¢c250-ed 1e-4a45-9¢c 1b-c5c8cbf13bfO
Technical data
Description of article Set of blades for FO

Stripax
Stripping tools
Max. conductor diameter T mm Colour grey
Classifications
ETIM 6.0 EC001509 ETIM 7.0 EC001509
ETIM 8.0 EC001509 ETIM 9.0 EC001509
ETIM 10.0 EC001509 ECLASS 9.0 21-04-92-37
ECLASS 9.1 21-04-48-90 ECLASS 10.0 21-04-92-37
ECLASS 11.0 21-04-48-91 ECLASS 12.0 21-04-48-91
ECLASS 13.0 21-04-48-91 ECLASS 14.0 21-04-48-91
ECLASS 15.0 21-04-48-91
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