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A kép illusztracio

Weidmiuiller is one of the industry's leading international Altalanos rendelési adatok
providers of connectors. An important mainstay in
this product family are the circular connectors, which Valtozat Beépitett dugok, M 12, Felersité menet: M 12,
Weidmiiller groups under the product name SAI. In the PSlusszam: 8, Sodrat / kabelhossz:
Rendelési szam 2421790000

development of SAI product_s, V_Veidm_uller engineers have Tipus SAIEM12B.8SF10TL
always concentrated on achieving rational, cost-effective GTIN (EAN) 2050118430363
installation concepts, and - in cooperation with major Qty. 10 Darab

users — have supplied the markets with well-conceived
products which set standards in terms of functionality
and quality across the globe. The best examples are the
new power distributors with S and T coded M12. These
modules are characterised by particularly high currents
and voltages. This enables them to also be used, for
example, with three-phase motors.
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Tanusitvanyok

ROHS Megfelel
Méretek és tomegek

Nett6 tomeg 10.8¢g

Termékek kérnyezetvédelmi megfelelésége

RoHS megfelel6ségi allapot

Megfelel, kivétellel

RoHS aloli kivétel (ha van/ismert ilyen)

6¢

REACH SVHC

Lead 7439-92-1

SCIP

0eab6d931-f9e9-40a6-89d9-8d67103189d3

Dugaszol6 NYAK-csatlakozék miiszaki adatai

Pélusszam 8 Kédolas A kédolasu
Felszerelés tipusa Elsé rogzités Hazak M12 aljzat
Telepitési magassag 10 mm Arnyékolas csatlakozas Igen
Rogzitémenet M12 Névleges fesziiltség 30V
Névleges aram 2A Hémérsékleti tartomany -30..80°C
Védelmi osztaly IP67 Erintkez6 felulet Au (arany)
Haz f6 anyaga CuZn, nikkelezett Csatlakozasi menet M12
Meghuzasi nyomaték M12: 0,8 Nm Felerésité menet M 12
Szigetelési ellenallas 100 MQ Szennyezés sulyossaga 3 (2 a tomitett részen
beliil)
Dugaszolasi ciklusok =100 Erintkez6 anyaga Cu-6tvozet

Zardanya anyaga

Nikkelezett CuZn

Peremes szerelésl haz anyaga

Nikkelezett CuZn

Altalanos informaciék

Poélusszam 8 Haz f6 anyaga CuZn, nikkelezett
Csatlakozasi menet M12 Erintkez6 anyaga Cu-6tvozet
Erintkezd feliilet Au (arany) Felszerelés tipusa Elsé rogzités
Védelmi osztaly IP67 Dugaszolasi ciklusok =100
Anyagjellemzék

Erintkez6 anyaga Cu-o6tvozet Erintkez6 felulet Au (arany)
Rendszerparaméterek

P6lusszam 8 Erintkezésorok szama 1

Szigetelési ellenallas 100 MQ Védelmi osztaly IP67
Dugaszolasi ciklusok =100

Fontos megjegyzés

Megjegyzések

Besorolasok

ETIM 8.0 EC003568 ETIM 9.0 EC003568
ETIM 10.0 EC003568 ECLASS 14.0 27-44-01-10
ECLASS 15.0 27-44-01-10
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