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Compact

The new two-pole bus module is extremely compact and
can accommodate both megabit and gigabit data inserts.
It enables the connection of 2 Gigabit Cat 6A cables (10
gigabit) to one module.

Altalanos rendelési adatok

Rendelési szdm 2659970150

Tipus HDC XX6A01 MMSXXXX-0150
GTIN (EAN) 4050118673647

Qty. 1 Darab

A létrehozas datuma 27.11.2025 01:04:45 MEZ

A katalégus allapota / Rajzok


https://eshop.weidmueller.com/p/HDC%20XX6A01%20MMSXXXX-0150

HDC XX6A01 MMSXXXX-0150

Miszaki adatok

Weidmiiller 3£

Weidmiiller Interface GmbH & Co. KG
Klingenbergstralle 26

D-32758 Detmold

Germany

www.weidmueller.com

Tanusitvanyok

ROHS Megfelel

Méretek és tomegek

Nett6 tomeg Og

Termékek kérnyezetvédelmi megfelelésége

RoHS megfelel6ségi allapot Megfelel, kivétellel

RoHS aloli kivétel (ha van/ismert ilyen) 6¢

REACH SVHC Lead 7439-92-1

SCIP 2acbc63f-7fbe-465a-860d-49cfb7bbebbb

Altalanos adatok

P6lusszam 8 Kabelhossz 1.5m
Kédolas X kédolasu Erintkez6 felulet Au (arany)
Atviteli sebesség 10 Gbps, 10 Gbit/s Szigetelési ellendllas 2108 Q
Kategoria Cat. 6A Névleges fesziiltség 50V
Névleges aram 05A Dugaszolasi ciklusok \u2265 100
Tipus Erintkez6 Szennyezés sulyossaga 2
Ellentétes oldali valtozat Erintkez6 Moduloldali valtozat Erintkez6
Cable technical specifications
Kabelhossz 1.5m
Kopeny szine kék
Halogén Nem
Szigetelés Expandalt
Kdpeny anyaga Radox EM 104
Outside diameter Atméré 8.1 mm

Jelzések *

Tolerance 0.5
Outside diameter 8.1 mm=* 0.5
Besorolasok
ETIM 6.0 EC002599 ETIM 7.0 EC002599
ETIM 8.0 EC002599 ETIM 9.0 EC002599
ETIM 10.0 EC002599 ECLASS 9.0 27-06-03-07
ECLASS 9,1 27-06-03-08 ECLASS 10.0 27-06-03-07
ECLASS 11.0 27-06-03-07 ECLASS 12.0 27-06-03-07
ECLASS 13.0 27-06-03-07 ECLASS 14.0 27-06-03-07
ECLASS 15.0 27-06-03-07
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