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802.1p for Class of
Service / Quality of
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Kit for wall mounting

Ethernet
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Terminal rail fixing, Surge protection, Cat.6, PoE, 802.3 bt at Type 1,
802.3 bt at Type 2, 802.3 bt at Type 3, 802.3 bt at Type 4
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