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TOP
Type of connection L Additional input
TOP PUSHIN protective circuit
TOS Screw RC RC element
Control voltage Switching current
5VDC D, 1A 100 mA
12VDC 0,5A 500 mA
24VDC 4A 4A
24VAC & g
48-50VDC Switching voltage
48-60VAC 24vDC  3..33VDC
110vDC 48VDC  5..48VvDC
120VAC 230VAC 24.230VAC
220vVDC
230VAC
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