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ANNEE 24V AC + 10%, 24 V DC ANER 6mA, 15.6 mA
+10%

#4218 (EN50178)
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S

ETIM 8.0 EC002780 ETIM 9.0 EC002780

ETIM 10.0 EC002780 ECLASS 14.0 27-14-11-52

ECLASS 15.0 27-14-11-52

44zt (EN50178)

SBREL AN 2 JNIVABETFA M (1,2/50ps) 6 kV
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