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* Rated data refer only to the component itself. Clearance and creepage distances to other
components are to be designed in accordance with the relevant application standards.
¢ Colours: SW = black; GN/YL = green/yellow; GY = grey
* Additional variants on request
* WGK: Rated voltage plastic walls: 1-6 mm = 1000 V; metal walls: < 1 mm = 1000 V; metal
walls: 1-3.5 mm = 800 V; metal walls: 3.5-5.5 mm =690 V
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