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Type code solid-state relay

HiNINNIE.

Type
T TERMSERIES

0 Solid State relay Additional Function

TRAK For Rail Technology
Connection Type E1 D2 Eilasses 1 Division 2 approved
P PUSH IN — FE  Functional Earth
..ms  Switch off delay
Housing Size
L Low (L=2 LEVELS) \ Load side
H High(H = 3 LEVELS) | nominal
: voltage
Color-marking / ——
control voltage
) ..DC
[ .. UC
] ..AC
UC=AC/DC
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