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Type code electromechanical relay

Type
T TERMSERIES

R Electromechanical
relay

Connection Type
P PUSHIN

Housing Size
L Low (L=2 LEVELS)

Color-marking /
control voltage

[ ..0C
| ..UC
] ..AC

UC=AC/DC

oo gt

|

%

BO—F

Additional Function
F Fuse
TRAK  For Rail Technology

Contact Plating
AU Gold plated contact
Blank No plating

Contact Type

1C0 1 Change over / SPDT
INO 1 Normal open / SPST
2C0 2 Change over / SPDT
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