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ETIM 6.0 EC001412 ETIM 7.0 EC001412
ETIM 8.0 EC001412 ETIM 9.0 EC001412
ETIM 10.0 EC001412 ECLASS 9.0 27-33-02-01
ECLASS 9.1 27-33-02-01 ECLASS 10.0 27-33-02-01
ECLASS 11.0 27-33-02-01 ECLASS 12.0 27-33-02-01
ECLASS 13.0 27-33-02-01 ECLASS 14.0 27-33-02-01
ECLASS 15.0 27-33-02-01
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UV66-ADV-7-CAP-W-V2 7" | 205 |146,9) 25 | 52
UV66-ADV-10-CAP-W-V2 | 10.1"283,1|202,3| 25 | 52
UV66-ADV-15-CAP-W-V2 | 15.6"419,7| 269 | 25 | 52

UV66-ADV-7-CAP-W-V2 7" |192,4| 139 5
UV66-ADV-10-CAP-W-V2 (10.1"(274,1|193,3| 5
5
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6-ADV-7-CAP-W.
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Display size

4- 43"

frame 7- T
stic frame 10-10,1°
15-15,6°
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