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Type code CUBESERIES relay versions

Product family
C CUBESERIES

Product type
R Relay

Relay design
| Interface Pinning
M Multiple Pinning

Contact type
1 1C0
2 200
4 4cC0

Contact material
0 AgNi

oot eI

|

Ii

Type codes

D

Additional function

Free whee! diode
No protective circuit

LED available
No LED available

Test button
No test button

Input voltage

012
024
048
110
524
615
730

12VDC
24vDC
48vDC
110voe
24 VAC
115VAC
230VAC
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