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Z oft Z fts
Insert flexible and solid cables Removal of cables
Stranded with ferrule Stranded without } Stranded with ferrule
{_CO Solid farnile (& Stranded without ferrule
§ (0 Solid
1 . Push the actuator with
a screwdriver to remove
the wire.
Solid wires can be inserted Stranded wires without ferrule can be
without opening the terminal. inserted by pushing down the actuator
using a screwdriver.
Z Oftl
eleT Twr] I 10C/00/00
Type Additional Function
C  CUBESERIES PB  Push button available
R Relay No push button
Relay Design

Interface Pinning
M Multiple Pinning

Version

KIT Kit version

Connnection Type
P PUSHIN

S

Screw

|7

’—

D  Free-wheeling diode
No protective circuit

L LED available
No LED available
Contact Type
1C0 1C0

20 2C0
4c0 4C0
Control Voltage
24VDC  24VDC

24VAC  24VAC
230VAC 230V AC
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* Firm hold and durable printing

¢ Continuous strips save installation time

* Easy mounting thanks to an innovative composite
material

* Large label field for optimal legibility

* High flexibility thanks to manufacturer independence
] ¢ Firm hold and durable printing

¢ Continuous strips save installation time

* Easy mounting thanks to an innovative composite
material

* Large label field for optimal legibility

* High flexibility thanks to manufacturer independence
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