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Type RIDER Control Low —J |_ \E:m\;qminn
white
Type of construction L hansparet
3 16 A, pinning 5 mm Coil voltage
4 BA, pinning 5 mm 012 12vDC
S 16 A, pinning § mm, inrush version 024 24VDC
048  48VDC
Type of contact 10 110VOC
1100
2200 524 24VAC
3 1ND 615 115VAC
730 230VAC
Contact material
4 AgNi90/10
5 AgNi 90/10 hard gold plated
L AgSn0z
T AgSn0z + Tungsten (W) pre-make contact
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