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PV 1 P OC 10 Industrial
PV 2: 9 0C 11 Industrial
PV 31 pvDC 12 Industial

Combiner Box Name Description

PV 2 24 SO FX CXX VX OX TXPX 15 P F ES

{_ Country / Whole World

Floating: ves (/o

P: pontrait
L: Landscape

10: 1000v

OX: Outpat type

R -
0% WA 1008 WA

V: 59D Type:

VO SPD Class 11/V1 = SPD.Class 1411 /V2 9 SPD Class |
VX = No $PD needed (H/A)
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