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Operating voltage range DC Electrical endurance
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Ambient temperature [°C] Switching current [A]
DC BfFEESER We23MTFAHAR 250 V AC HKITE R
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Derating curve
in combination with socket, dense packing
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Removal of snap lock

Load current [A]
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* For full continuous current (16 A), the wire terminals 11 with 21, 12 with 22 and
14 with 24 must be bridged with a wire > 1,6 mm? at the socket.
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Type | Coil voltage
RIDER Control Industrial 012 12V DC
024 24\ DC
Type of construction 048  48VDC
3 16 A pinning 5 mm 110 110vDC
4 8 A, pinning 5mm AB2 12V DC + LED + diode
AC4 24\ DC + LED + diode
Type of contact L |AE8 48V DC +LED + diode
1 1C0 without push button BBO 110V DC+LED + diode
2 2 CO without push button
7 1C0 with push button 524 24VAC
8 20 with push button 615 115VAC
730 230VAC
Contact material g?g 1%2 :’ ﬁg * ::Eg
Ni 90/1 N
t AR T30 230V AC+LED
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