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70,2 mm

77 mm

Type
RCIKIT Screw
RCIKITP PUSHIN

RCIKITZ  Tension clamp

Coil voltage

24VAC 115VAC
24V0C 230VAC
Type of contact

100 SPOT
200 oPOT

ReIT 1] T\E

—IL

Special variants
FG  Forcibly guided contacts

Test button
Blank  No Test button
/PB Testbutton

Status LED / protective circuit
LD LED green + free wheeling diode DC coil
D LEDred AC coil
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