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Type Status LED / protective circuit
RCMKIT! Screw, LD LED green + free wheeling diode DC coil
RCMKITP4 PUSHIN LD LEDred ACcoil

Coil voltage
28VAC 115VAC|
24vDC 230VAC

Type of contact

200 ppDT with test button
300 TPOT with test button
400 apoT with test button
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