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Installation instructions:
The potential equalisation
(PE) rail modules are

suitable for use in housings

in atmospheres with
flammable gases and
dust. For use in areas
with flammable gases,
these housings must
meet the requirements
of EN 60079-0 and EN
60079-7. For use in areas
with flammable dust,
these housings must
meet the requirements
of EN 60079-0 and EN
60079-31.

When combined with
other terminal block
ranges and sizes, and
when other accessories

are used, you must comply

with the clearance and
creepage distances given.
Regarding accessory

use, the manufacturer's
instructions must be
followed.

List of restrictions:

The PE rail modules

are considered one
component, with Ex
marking when used with
the busbar holders of
type SH and WEW. When
used independently, the
above named components
are not covered by this
certificate.
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