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GTIN (EAN) 4008190112240
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https://eshop.weidmueller.com/p/0648201505
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ETIM 8.0 EC001530 ETIM 9.0 EC001530
ETIM 10.0 EC001530 ECLASS 14.0 27-28-11-02
ECLASS 15.0 27-28-11-02
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