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FnNL * Clearance and creepage distances to other components must be devised in accordance with the

relevant application standard. This can be achieved in the device by full encapsulation or by the
use of additional spacer plates.

Rated data refer only to the component itself. Clearance and creepage distances to other
components are to be designed in accordance with the relevant application standards.
Colours: SW = black; GN/YL = green/yellow; GY = grey

Additional variants on request
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WGK: Rated voltage plastic walls: 1-4 mm = 500 V; metal walls: 1-2.5 mm =400 V; metal
walls: 2.5 -4 mm =250V

WGKYV: Rated voltage plastic walls: 1-4 mm =400 V; metal walls: 1-2.5 mm =400 V; metal
walls: 2.5 -4 mm =250V

VWGK: Rated voltage plastic walls: 1-4 mm =500 V; metal walls: 1-4 mm =500V

Long term storage of the product with average temperature of 50 °C and maximum humidity
70%, 36 months

=]

=TT

ETIM 8.0 EC001283 ETIM 9.0 EC001283
ETIM 10.0 EC001283 ECLASS 14.0 27-14-11-34
ECLASS 15.0 27-14-11-34
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