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Miscellaneous

Type code TERMSERIES solid-state relay versions
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TERMSERIES "J

Solid-state relay
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Color-marking /
control voltage
B 5vDC
B 12v0C
B 24 v0C
[ 24vUC
1 48vUC

(|
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] 60vUC

CJ120 vUe

1230 vUC

I 120 VAC RC (RC-Filter)
I 230 VAC RC (RC-Filter)
[124-230WUC

UC = AC/DC
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48VDCO.1A
24VDC2A
230VACTA
230VAC1A
24VDC3.5A
24VDCHA
ACT

Edition 2 of 24- 230V UC
contiol voltage input

0..48VDOC/100 mA
3..33VDC/2 A
24..240VAC/1A (B.4mm)
12..275 VAC /1A (12.8mm)
3.33VOC/35A
3..33VDC/5 A

Special 3..33 VDC/2 A
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