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solid-state relays
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Shown at an example with resistive load.
1. Switches on at first zero cross of mains voltage while control input gets signal.
2. Switches off at next zero cross of mains current after control input signal was

switched off.

Switching DC voltages is not possible with this solid-state relays.
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Klingenbergstralle 26

D-32758 Detmold

Germany

www.weidmueller.com
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https://eshop.weidmueller.com/p/1463530000

