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VPE Z0| 131.00 mm VPE Z 87.00 mm
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1 Al ¢ Long term storage of the product with average temperature of 50 °C and maximum humidity

70%, 36 months
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ETIM 8.0 EC000886 ETIM 9.0 EC000886
ETIM 10.0 EC000886 ECLASS 14.0 27-25-03-01
ECLASS 15.0 27-25-03-01
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