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A&l XA HO5(07) V-K 0.5 mm?2 Z A, %t} HO5(07) V-U 1.6 mm?
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ETIM 6.0 EC002780 ETIM 7.0 EC002780
ETIM 8.0 EC002780 ETIM 9.0 EC002780
ETIM 10.0 EC002780 ECLASS 9.0 27-14-11-562
ECLASS 9.1 27-24-22-16 ECLASS 10.0 27-14-11-52
ECLASS 11.0 27-14-11-52 ECLASS 12.0 27-14-11-52
ECLASS 13.0 27-14-11-562 ECLASS 14.0 27-14-11-52
ECLASS 15.0 27-14-11-52
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