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Block diagram

Connection diagram

AC-Version
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julation modules

2 -1-2.5A-2DI -

28

Pulse width 2A =2 Ampere
modulation 0.5A=0,5 Ampere
2.5A=2,5 Ampere

.—»h:

| = current (1)

P = PNP (positive switching)
PN = configurable PNP/ NPN
(positive- / negative switching)
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